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This translated document
does not have legal validity and

CERTIFICATE FOR cannot be used in isolation

CHINA COMPULSORY PRODUCT CERTIFICATION

CERTIFICATE NO.: 2026010907860858

NAME AND ADDRESS OF THE APPLICANT
Delta Electronics, Inc.
No. 31-1, Xingbang Road, Shanding Village, Guishan District, Taoyuan City 333613, Taiwan ,
P.R.China

NAME AND ADDRESS OF THE MANUFACTURER
Delta Electronics, Inc.
No. 31-1, Xingbang Road, Shanding Village, Guishan District, Taoyuan City 333613, Taiwan ,
P.R.China

NAME AND LOCATION OF THE FACTORY
Delta Electronics (Dongguan) Co., Ltd. Southwest Branch.
No.33, Pantao Road, Shijie Town, Dongguan, Guangdong 523308, P. R. China

PRODUCT NAME,MODEL AND SPECIFICATION
SWITCHING POWER SUPPLY
Model: DRF-12V120W1PBAx1x2; Input:100-240V~, 1.42A; 200-240V~, 0.7A(China use only); 50-60Hz; Output:12Vdc,
10A; Model: DRF-24V120W 1PBAx1x2; Input:100-240V~, 1.42A; 200-240V~, 0.7A(China use only); 50-60Hz;

Output:24Vdc, 5A; Model: DRF-48V120W1PBAx1x2; Input:100-240V~, 1.42A; 200-240V~, 0.7A(China use only);
50-60Hz; Output:48Vdc, 2.5A; (x1, x2 represents the number 0-9 or the letter A-Z or blank, its electrical characteristics

are the same, only to distinguish the customer is different, Does not affect the safety and electromagnetic compatibility)

Sale without cord set  Altitude up to 5000m

STANDARDS AND TECHNICAL REQUIREMENTS FOR THE PRODUCTS
GB 17625.1-2022(Class A);GB 4943.1-2022;GB/T 9254.1-2021
This is to certify that the above mentioned product(s) complies with the requirements of
implementation rules for compulsory certification(REFNO. CNCA-C09-01:2023).
Valid from: Apr.17,2026 Valid until: Apr.16,2031
The certificate information and validity could be checked by scanning the QR code below or logging in to
the website of the issuing authority, or on the website of the CNCA (www.cnca.gov.cn).

Accredited by China National Accreditation Service for Conformity Assessment CNAS C001-P
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CHINA QUALITY CERTIFICATION CENTRE

CHINA QUALITY CERTIFICATION CENTRE CO., LTD.

http://www.cqc.comen  Building 5, Section 9, No. 188, Nansihuan Xilu, Beijing 100070 P.R.China  Tel: +86 10 83886666



